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Openness access (0033:000666) — " [

The application ‘WindowsFormsApp1.exe’ located on *
C:\Users\ustbz\Desktop\inverterEdge\S120—g# il ik

\WindowsFormsApp1\WindowsFormsApp1\bin\Debug’ is
attempting to access the TIA Portal with the process ID 2296.
Do you want to grant access?

To grantaccess: Yes'.
To grant access and save the authorization: "Yes to all’.
To denyaccess: "No".

1 TIA Portal instance(s) is/are active.

[ ves ||@® vestoall [{ - No i

InverterEdge ¥ HahAIEITH . O H 215 C:\Siemens
Drive\01_S120_OneButton_Config_Commissioning, i H %%
01_S120_OneButton_Config_Commissioning.

Creating project...

8 Creating project...

The project C:\Siemens
Drivel01_5120_OneButton_Config_Commissicningl01_S120_OneButton_C
onfig_Coemmissioning.ap17 is being created. Please wait.
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Number cf motors connected in parallel: _

Rated motor voltage: |230 vrms |
Rated motor current: | 0.78 Arms |
Rated motor power: |0.12 kW)
Rated motor power factor: |0.770
Rated motor frequency: |50.000 Hz|
Rated motor speed: [1 :370.00 —q;;nj

Motor cooling type: | [0] Natural ventilation [}
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