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Safety Information 

 
 The BOP can be fitted to and removed from the 

inverter whilst power is applied. 

 If the BOP has been set as the I/O control 
 (P0700 = 1), the drive will stop if the BOP is 
removed. 

 The BOP does not have an individual UL listing. 
When the BOP is fitted to the inverter the complete 
unit becomes a UL listed system. 

Fitting the Operator Panel 
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REVERSE DIRECTION OF ROTATION
UMGEKEHRTE DREHRICHTUNG
INVERSION DU SENS ROTATION

INVERSIONE DI DIREZIONE
INVERSION DE GIRO

OMGEKEERDE DRAAIRICHTING
SKIFT OMLØBSRETNING

START INVERTER
START UMRICHTER

MISE EN MARCHE DE L'ENTRAINEMENT
AVVIAMENTO DELL'INVERTITORE

ARRANQUE DEL CONVERTIDOR
START OMVORMER

START

STOP INVERTER
STOP UMRICHTER

ARRET DE L'ENTRAINEMENT
ARRESTO DELL'INVERTITORE
PARADA DEL CONVERTIDOR

STOP OMVORMER
STOP

SELECT CHOICE / VALUE
AUSWAHL
SELECTION CHOIX / VALEUR
SCELTA OPZIONE / VALORE
SELECCIONAR / VALOR
SELECTEER KEUS / WAARDE
VÆLG FUNKTION / VÆRDI

DECREASE VALUE / DOWN
REDUZIERUNG
DIMINUER VALEUR / MOINS
DIMINUZIONE DEL VALORE / GIU'
DIMINUZIONE DEL VALOR / ABAJO
VERLAAG DE WAARDE / LAGER
FORMINDSK VÆRDI / NED

INCREASE VALUE / UP
ERHÖHUNG
AUGMENTER VALEUR / PLUS
AUMENTO DEL VALORE / SU
INCREMENTAR VALOR / ARRIBA
VERHOOG DE WAARDE / HOGER
FOROG VÆRDI / OP
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MANUAL MODE
HANDBETRIEB
MODE MANUEL
FUNZIONAMENTO MANUALE
MODO MANUAL
HANDMATIGE MODUS
MANUEL MODE

FUNCTION
FUNKTION
FONCTION
FUNZIONI
FUNCIÓN
FUNCTIE
FUNKTION

RUN AT PRESET FREQUENCY
START MIT VORGEGEBENER FREQUENZ

MARCHE A LA VITESSE PRE SELECTIONNEE
FUNCZIONAMENTO A LA FREQUENZA PREDEFINITA

FUNCIONAMIENTOR A FRECUENCIA PREFIJADA
IN BEDRIJF OP INGESTELDE FREQUENTIE
KØR MED FORUDINDSTILLET FRELENEUS
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AUTOMATIC MODE
AUTOMATIKBETRIEB

MODE AUTOMATIQUE
FUNZIONAMENTO AUTOMATICO

MODO AUTOMÁTICO
AUTOMATISCHE MODUS
AUTOMATISK TILSTAND

MM430 VARIANT

MM420/430 VARIANT

 

For more detailed information regarding the BOP, 
please refer to the relevant Operating Instructions 
of the Inverter. 
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For product support and further information, please 
visit:  

http://support.automation.siemens.com 

 

*A5E03368535A2* 
  
 Siemens plc 
 Industry Sector 
 
Printed in United Kingdom 

Drive Technologies 
Motion Control Systems 
Varey Road  
Congleton 
CW12 1PH 

January 2011 United Kingdom 
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