SIEMENS ericato No: 3423

Dienststelle: SI CP R&D VC 2/ Witlastschil
Department:

Ort: Amberg Tag:  2019-07-24
Place: Date:

Anlagen: Testsummary 3423

Enclosures:

Typprufbescheinigung / Type Test Certificate

Erzeugnis #.EAaust Pushbutton and Pilot light
Typ:  3SU1 Tech. Daten:  Ug max = 500V, Uimp = 6kV Hersteller: Siemens AG
Type: Specification: le max = TAJ10A, Iy, = 7AI10A Manufacturer: SICP

Art der Priifung / Type of test: Type Test Vibration and Shock / 3M6

Priifer/ ~ Mr. Bogner Labor / Type Test Center Siemens AG, Amberg
Tested by: Laboratory:  pAkkS accredited Testing Laboratory

Angewandte Priifbestimmungen / Test specifications applied:

SN 31205:2016-03

IEC 60068-2-6:2007-12
IEC 60068-2-27:2008-02
IEC 60068-2-47:2004-05

Durchgefiihrte Priifungen / Tests conducted:

IEC 60068-2-6, Part 8.2: Vibration response, values according to SN 31205
IEC 60068-2-6, Part 8.3.1: Endurance by sweeping, values according to SN 31205
IEC 60068-2-27: Shock test, values according to SN 31205

Priifergebnis / Test results:
All requirements of the test specification are met.

Bemerkungen / Remarks: Issued: 2019-07-24
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SIEMENS Product Description POENRON: 3423

General
Type designation: 3SU1 Pushbuton and Pilot Light Program Sirius ACT
Manufacturer: Siemens AG, SI CP

92220 Amberg, Werner-von-Siemens-Str. 48, Germany
Production site: Siemens AG, SI CP

92220 Amberg, Werner-von-Siemens-Str. 48, Germany

Siemens, s.r.0., odstepny zavod Nizkonapetova spinaci technika
Volanovska 516 541 01 Trutnov CZECH REPUBLIC

Siemens Electrical Apparatus L td., Suzhou, Tian Tai Branch
29 Cheng Guan, Shui Chang Road Tian Tian Zhe Jaing China

EAO AG
Tannwaldstrasse 88
4601 Olten,
SWITZERLAND

CAPTRON Electronic GmbH
Johann-G.-Gutenberg-Str. 7
82140 Olching

GERMANY
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SIEMENS

Product Description

Prif-Nr./Q-Nr.: 3423

Certificate No.:
Nomenclature breakdown
Overview series 3SU1..
Contact Module
38SU1400 - 1 A A 10 - 1 B A 0 Z X90
| I n v V vi VIl vl IX X
I Basic Type
3SU1400 - Basic module of series 3SU1
Il Type of Mounting
-1- Front mounting
-2 - Base mounting
-3- PCB mounting
. Module Type
A- Contact module
IV.  Function
A- without designation
V. Color
10 - black
VI.  Type of Terminal
-1- Screw terminal
-3- Spring loaded terminal
-5- Soldered connection THT
VIl.  Type of Contact
- 1NO
C- 1 NC / direct opening action
D - 2NO
E - 2 NC / direct opening action
F- 1 NO + 1 NC / direct opening action
G- 1NOEM + 1NCLB
H- 1NC + 1MC
L- 1 NO gold plated
M - 1 NC / direct opening action gold plated
N - 2 NO gold plated
P - 2 NC / direct opening action gold plated
Q- 1 NO + 1 NC / direct opening action gold plated
R - 1NOEM + 1NCLB gold plated
VIII. Inscription
A- without inscription
IX.  Manufacture's identification
0- Standard
X. Appendix - optional
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SIEMENS Product Description DUElOTE 3423

-Z X90 - Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing

Electronic Module: AS-Interface

3sU1400 - 1 E A

VI.

VII.

VIIIL.

—

0 - 2 A A 0 - ZX90

V V Vi VIl VIl IX X

Basic Type
3SU1400 Basic module of series 3SU1
3SU1401 Basic module of series 3SU1 with LED

Type of Mounting

-1

Front mounting

-2 Base mounting

Module Type

E AS-Interface module

Number of Input / Output

A 2 failsafe DI

C 2 failsafe DI / 1 DO

E 2 failsafe DI / 1 LED

J 4D 3DO AB

K 4DI1 4DO

M 4DI 4DO Profil of 3SF5

N 4DI3DO AB Profil of 3SF5

Color

10 black

20 red

60 white

Type of Terminal

-2 Screw and spring loaded terminal provided
-4 Piercing connection for AS-i cable

-6 Push in terminal

Type of Contact

A without contact

Inscription

A without inscription

Manufacture's identification

0 Standard

Appendix - optional

-Z X90 - Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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SIEMENS

Product Description

Prif-Nr/Q-Nr: 3423

Cettificate No.:

Electronic Module: 10 Link

3su1400 - 1 H L 10 - 6 A A O
| Il 1] v \Y) VI Vil Vil IX
I Basic Type
35U1400 Basic module of series 3SU1
II. Module Type
-1 Front mounting
-2 Base mounting

M.

VI.

VILI.

VIII.

Type of Module

H IO Link module
Number of Input / Output

L 0DI/8DO upto 8DI/0DO, programmable
K 6Dl / 2DO

M 4Dl / 4DO

N 2Dl / 6DO

Color

10 black

Type of Terminal

-6 Push-in terminal
Type of Contact

A without contact
Inscription

A without inscription

Manufactuer's identification
Standard

Appendix - optional
-ZX90-  Multi-Unit Packing, Number of packs: 50

ZX90

-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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Foa gl Prif-Nr./Q-Nr.:
SIEMENS Product Description BLLaT 3428
Electronic Module: ID Key
3sU1400 - 1 G C 10 - 1 A A 0
| 1 v Vv Vi vk vl IX
I Basic Type
3SU1400 Basic module of series 3SU1
Il. Type of Mounting
-1 Front mounting
Ill. Module Type
G ID key switch module
IV.  Function / Supply Voltage
C Group-ID 24V DC
D [O-Link 24V DC
E 10 link 24 V DC programmable
V. Color
10 black
VI.  Type of Terminal
-1 Screw terminal
VIl. Type of Contact
A without contact
VIII.  Inscription
A without inscription
X.  Manufacturer's identification
0 Standard
X. Appendix - optional
-ZX90-  Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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SIEMENS Product Description

Prif-Nr./Q-Nr.:
Cettificate No.: 3423

LED Module

3SuU1401 - 1

VI.

VILI.

VIIL.

A A 0

Vi VIl VIl IX

o

o

<|8
1

-—

I nom v

Basic Type
3SU1401 - Basic module of series 3SU1 with LED

Type of Mounting

-1- Front mounting

-2 - Base mounting

-3 - PCB mounting
Module Type

B - LED module
Function

A- Supply voltage from PCB
B - 24V AC/DC

C- 110V AC

F - 230V AC

G- 6-24V AC/DC

H - 24-240V AC/DC
Color

00 - amber

20 - red

24 - traffic

30 - yellow

40 - green

50 - blue

60 - white

Type of Terminal

-1- Screw terminal

-3- Spring loaded terminal
-5 - Solder pin terminal
Function

A- without designation
Inscription

A- without inscription

Manufacture's identification e.g

0- Standard
1- Atex Zone 21-22 Dust
2- Atex Zone 1-2 : intrinsic safety

Appendix - optional
-Z X90 - Multi-Unit Packing, Number of packs: 50

-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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SIEMENS Product Description

Priif-Nr./Q-Nr.:
Cettificate No.: 3423

LED Test Module
3su1400 - 1 € K 10 - 1 A A O
| | 1 v V Vi Vil vil IX
I Basic Type
3SU1400 - Basic module of series 3SU1
II. Type of Mounting
-1- Front mounting
-2 - Base mounting
lll.  Module Type
C- LED Test Module
IV.  Supply Voltage
K- 12-240V AC/DC
V. Color
10 - black
VI.  Type of Terminal
-1- Screw terminal
VIl.  Type of Contact
A- without contact
VIII.  Inscription
A- without inscription
IX.  Manufacture's identification e.g
0- Standard
X. Appendix - optional

-ZX90 -  Multi-Unit Packing, Number of packs: 50

-ZX.. - Multi-Unit Packing, any other number for multi-unit packing
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» H Prif-Nr./Q-Nr.:
SIEMENS Product Description Contoato . 3423
Interface/Terminal Module Accessories
3SU1400 1 L L 10 1 B C 1 Z X90
| | 1l v V. Vi vi vl IX X
I. Basic Type
3S5U140 Basic module
1. Type of lightning
0 non ill.
1 ill.
lll. Type of Mounting
-1 Front mounting
IV. Module Type
L Interface module
M Terminal module
V. Number of Input / Output
K Profinet Standard Interface - Modules
L Profinet Safety Interface - Modules
VI. Color
10 black
VII. Type of Terminal
-1 screw terminal
-3 spring terminal
VIII. Type of Contact
A without function
B 4DI+1DQ+ 1Al
IX. Inscription
A without inscription
X. Appendix - optional
-ZX90-  Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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H » Prif-Nr./Q-Nr.:
SIEMENS Product Description NG, 3423
Interface/Terminal Module Accessories
3SU1400 -1 L L 10 -1 B C 1 - ZX90
| 1l 1l v Vv vi vil vl IX X
I. Basic Type
3SU140 Basic module
1. Type of lightning
0 non ill.
1 ill.
lll. Type of Mounting
-1 Front mounting
IV. Module Type
M Terminal module
V. Number of Input / Output
A 2Dl
] 2DI/1LED
E LED
VI. Color
00 - amber
10 black
20 red
30 yellow
40 green
50 blue
60 white
VII. Type of Terminal
-1 screw terminal
-3 spring terminal
VIII. Type of Contact
A without function
B 2DI
C 2Dl & LED
D LED
IX. Inscription
A without inscription
X. Appendix - optional
-ZX90-  Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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H = Priif-Nr./Q-Nr.:
SIEMENS Product Description Pt 3423
Push button extended
3sU12 0 o0 - OE B 20 - 0 A A O
I 1l 1 v Vv Vi Vil vil IX X
I Basic Type
38U12 - Indicator lights compact of series 3SU1
Il Design
0- (P) plastic black (front ring), plastic black (barrel, holder)
3- (MP) metal matt (front ring), plastic black (barrel, holder)
5- (M) metal shiny (front ring), metal (barrel, holder)
i lllumination
0- pusher cap
1- pusher cap transparent
v Design
-0E - flush pushbutton with extended stroke
-OF - extended pushbutton with extended stroke
Vv Function
B- momentary
W Color of the Indicator lights

Vi

Vil

10 - black
20 - red

40 - green
70 - clear

Type of Terminal
-0- without terminal

Contact arrangement

A- no contact elements
Inscription
A - without inscription

Manufacture's identification
0- Standard version
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SIEMENS Product Description

PAIFNCQ-NL 3423

Certificate No.:

Actuators & indicators

3sutl0 0 0 - O0OA A 10 - 1 A A
| 1l n v VvV Vi Vil vl IX
l. Basic Type
3SU10 - actuators & indicators of series 3SU1
Il. Design
0- (P) plastic black (front ring), plastic black (barrel, holder)
3- (MP) metal matt (front ring), plastic black (barrel, holder)
4- (MM) metal matt (front ring), metal (barrel, holder)
5- (M) metal shiny (front ring), metal (barrel, holder)
6 - (MM) metal matt (front ring), metal (barrel, holder)
. lllumination
0o - unlighted
1 lighted/ transparent
2- lighted/ transparent (Selector switch)

Pushbutton (PB)

IV.  Design
-0A - flat button (flush)
-0B - with raised button (extended)
-0C - raised bezel
-0D - raised bezel with castellations
-0E - raised with extended stroke
-0J - flat button and bezel for recessed mounting
-3F- 4 fold pushbutton

V. Function
A- maintained
B - momentary

VI. Color of the actuator

00 - Amber
10 - black
20 - red
30 - yellow
40 - green
50 - blue
60 - white
80 - grey
llluminated Pushbutton (IPB)
IV. Design
-0A - flat button (flush)
-0B - with raised button (extended)
-0C - raised bezel
-0D - raised bezel with castellations
-0E - raised with extended stroke
-0J - flat button and bezel for recessed mounting

Xl|o
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SIEMENS

Product Description

PrufNr/Q-NL: 3423

Certificate No.:

VI.

Function

A- maintained
B - momentary
D- blocked handle
Color of the actuator

00 - amber

20 - red

30 - yellow

40 - green

50 - blue

60 - white

70 - clear

Mushroom Pushbutton (MPB)

V.

VI.

Design

-1A - diameter 30mm, 2pos
-1B - diameter 40mm, 2 pos.
-1C - diameter 60mm, 2 pos.
-1E - diameter 40mm, 3 pos.
Function

A- pull to release

D - momentary

Color of the actuator

IV.

10 - black
20 - red
30 - yellow
40 - green
50 - blue
60 - white
Mushroom Pushbutton (IMPB)
Design
-1A - diameter 30mm, 2pos
-1B - diameter 40mm, 2 pos.
-1C - diameter 60mm, 2 pos.
-1E - diameter 40mm, 3 pos.
Function
A- pull to release
D - momentary

VI.

Color of the actuator

20 - red
30 - yellow
40 - green
50 - blue
60 - white
70 - clear

Mushroom Pushbutton, Emergency Stop (Estop/MPB)

IV.

Design
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SIEMENS Product Description e 3423

VI.

AG =
-1H -
A -
AL-
-1P-

Function
A -
B-
F-
G-
H -
K-
M -
N -
Q-
R -
§ -
T-
u-
V-
X -

push trigger action, diameter 30mm, 2 pos.

push trigger action, diameter 40mm, 2 pos.

push trigger action, diameter 60mm, 2 pos.

without trigger action diameter 40mm, 2 pos.

30 mm Mushroom 30 mm with E-Stop type approval

pull to release

twist to release

key to release Ronis SB30,
key to release Ronis 455,
key to release Ronis 421,
key to release BKS S1,

key to release BKS E7,

key to release BKS E9,

key to release O.M.R. 73037,
key to release CES SSG10,
key to release CES SSP9,
key to release CES SMS1,
key to release CES VL5,

key to release CESVL1,

key to release IKON 360012K1,

Color of the actuator

10 -
20 -
30 -
50 -

black
red
yellow
blue

Selector Switch (SelSW)

V.

VI.

Design
2A -
2B -
-2C -
2D -
2F -
-2F
26 -

Function
A-
C-
E-
E-
G-
L -
M -

N -
P-

knob

short handle

long handle

short handle and bezel recessed mounting
long handle and bezel recessed mounting
short handle turned 90° to right

long handle lockable with two padlock

2 positions, maintained, 45° (12h /13:30 o'clock)

2 positions, momentary, 45° (12h /13:30 o'clock) spring return from center to left

2 positions, maintained, 90° (9h /12 o'clock)

2 positions, maintained, 90° (10:30h /13:30 o'clock)

2 positions, momentary, 45° (12h /13:30 o'clock) spring return from right

3 positions, maintained, 2x45° (10:30/12:30 /13:300'clock)

3 positions, momentary, 2x45° (10:30/12 /13:300'clock), spring return from right and
left

3 positions, momentary, 2x45° (10:30h/12h/13:30h), spring return from right

3 positions, momentary, 2x45° (10:30h/12h/13:30h), spring return from left

Color of the actuator

00 -

amber

Page 13 of 24

Formular: April 2019



SIEMENS

Product Description

Prif-Nr./Q-Nr.: 3423

Cettificate No.:

VI.

10 - black

20 - red

30 - yellow

40- green

50 - blue

60 - white

Twin Pushbutton (TwinPB)
Design

-3A - flush, flush

-3B - flush, extended
Function

A- maintained

B - momentary

Color of the actuator

11 - black/ black
42 - green/ red

61 - white/ black
66 - white/ white

lMluminated Twin Pushbutton (ITwinPB)

IV.

VI.

Design

-3A - flush, flush

-3B - flush, extended
Function

A - maintained

B - momentary

Color of the actuator

11 - black/ black
42 - green/ red

61 - white/ black
66 - white/ white

Key Switch (KeySW)

V.

Design

-4B - Ronis SB30,

-4C - Ronis 455,

-4D - Ronis 421,

-4F - 0.M.R. 73037,red

-4G - 0.M.R. 73037,blue

-4H - 0.M.R. 73037,black

-4] - 0.M.R. 73037,yellow

4L - RONIS, SB30 and bezel for recessed mounting
-4W- ID key switch

-5B - CES SSG10,

-5H - CES LSG1,

-5J - CES SSG10 with key controll
-5K - CES VL5,

-5L - CES STGH10
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SIEMENS Product Description ProfNr/Q-Nr: 3423

-5P - BKS $1,
-5Q - BKS E1,
-5R - BKS E2,
-5S - BKS E7,
-5T - BKS E9,
-5X - IKON 360012K1,
-5Y - IKON 360012K2,
V. Function
B - 2 positions, momentary, 45° (13:30 /120'clock), spring return from center to right
C- 2 positions, momentary, 45° (13:30 /120'clock), spring return from center to right
F- 2 positions, maintained, 90° (10:30h /13:30 o'clock)
J- 2 positions, maintained, 90° (12:00h /15:00 o'clock)
L- 3 positions, maintained, 2x45° (10:30/12:30 /13:300'clock)
M - 3 positions, momentary, 2x45° (10:30/12 /13:300'clock), spring return from right
and left
N - 3 positions, momentary, 2x45° (10:30/12 /13:300'clock), spring return from right
P- 3 positions, momentary, 2x45° (10:30/12 /13:30 o'clock), spring return from left
S- 4 positions maintained

VI. Key Release

01 - standard lock no., key release in position 0
10 - RFID lock
11 - standard lock no., lock release in every position
21 - standard lock no., lock release in position |
31- standard lock no., lock release in position Il (right, only for 3 positions)
41 - standard lock no., lock release in position I+l (left, rigth, only for 3 positions)
51 - standard lock no., lock release in position 0+l (center, left, only for 3 positions)
61 - standard lock no., lock release in position 0+l (center, right, only for 3 positions)
Pilot Light (PL)
IV. Design
-0A - smooth lens flush

V. Function
A - no function

VI.  Color of the actuator

00 - amber
20 - red

30 - yellow
40 - green
50 - blue
60 - white
70 - clear

Toggle Stick (TogST)

IV.  Design
-TA - without center lock
-7B - with center lock
V. Function
A - 2 positions, horizontal, maintained
B - 2 positions, vertical, maintained
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SIEMENS Product Description ProfNr/Q-ar: 3423

C- 2 positions, horizontal, momentary
D- 2 positions, vertical, momentary
E - 4 positions, maintained
F- 4 positions, momentary
VI.  Color of the actuator
10 - black
88 - silver
All devices
VIl. Type of Terminal
-0- without terminal
VIIl. Contact arrangement
A without module without holder
IX.  Inscription or any other variation e.g
AorF - without inscription
B - DIN Symbol No 19
X. Manufacture's identification
0- Standard version
1- Atex (EX) version
XI.  Appendix - optional
-ZX90-  Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing

Actuators — complete devices

38U11 0

Basic Type
3suU11 -

Design
0-
3-
5-
6 -

Illumination
0-
2.
3-
6 -
7 -
8-

0 - O0A A 10 - 1 A A O
m v VvV Vi Vi vil X X X

actuators of series 3SU1 — complete devices

P) plastic black (front ring), plastic black (barrel, holder)
MP) metal matt (front ring), plastic black (barrel, holder)
M) metal shiny (front ring), metal (barrel, holder)

MM) metal matt (front ring), metal (barrel, holder)

(
(
(
(

unlighted (no LED)

lighted (with LED, 24 V AC/DC)
lighted (with LED, 110 V AC)
lighted (with LED, 230 V AC) )
lighted (with LED, 6-24 V AC/DC)
lighted (with LED, 24-240 V AC/DC)
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SIEMENS Product Description PHENROR 3428

Position IV up to VI see type designation 3SU10

All devices
VIl. Type of Terminal
-1- Screw terminal
-3- Spring loaded terminal

VIIl. Contact arrangement

B - 1 contact element 1NO

C- 1 contact element 1NC

F - 1 contact element 1TINO+1NC

L- 2 contact elements 1INO+1NC

M - 2 contact elements 1NO, 1NC

N - 2 contact elements 1NO, 1NO

P- 2 contact elements 1NC, 1NC

Q- 4 contact elements 1NO, 1NO, 1NO, 1NO

.- or any other variations NO/NC max 6 contacts for holder 3 position
.- or any other variations NO/NC max 8 contacts for holder 4 position

IX. Inscription

AorF - without inscription

G- "EMERGENCY STOP"
H- "NOT-HALT"

J- "ARRET D'URGENCE"

.- or any other customers required markings

X. Manufacture's identification
0- Standard version
1- Atex (EX) version

XI.  Appendix - optional
-Z X90 - Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing

Page 17 of 24

Formular: April 2019



SIEMENS Product Description

Priif-Nr./Q-Nr.: 3423

Cettificate No.:

Pilot Light Compact Modules

3su12 0 0 - 6A B 20 - 1 A A 0
| l 1l v \Y Vi Vil Vil IX X
| Basic Type
3SU12 - Pilot Light Compact Series
Il Design
0- (P) Plastic black (front ring), plastic black (barrel, holder)
5- (M) Metal shiny (front ring), metal (barrel, holder)
1] lllumination
0- Unlighted (no LED)
1- Lighted (with LED)
v Design of Pilot light
6A - Pilot light, compact
V Supply Voltage
B- LED, 24 V AC/DC
C- LED, 110 VAC
F - LED, 230 V AC
G- LED, 6-24 VV AC/DC
W Color of the pilot light
00 - Amber
20 - Red
24 - Duo, red / green
30 - Yellow
40 - Green
50 - Blue
60 - White
70 - Clear
VIl Type of Terminal
1- Screw terminal
VIl Contact arrangement
A - No contact elements
IX Inscription
A - Without inscription
.- or any other customers required markings
X Manufacture's identification
0- Standard version
Xl. Appendix - optional
-Z X90 - Multi-Unit Packing, Number of packs: 50
-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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SIEMENS Product Description

Prif-Nr./Q-Nr.:
Certificate No.: 3423

Buzzer Compact Modules

Vi

Vi

Vil

3sU12 0 0 - 6K
v

10 - 1 A A

VI Vil Vil IX

<|®
Xlo

Basic Type
3SU12 — Buzzer Compact Series

Design
0 - (P) Plastic black (front ring), plastic black (barrel, holder)
5 - (M) Metal shiny (front ring), metal (barrel, holder)

lllumination
0- Unlighted (no LED)

Design of Buzzer
oK - Buzzer, compact

Supply Voltage
A - without
B-24V AC/DC
C-110VAC
F-230VAC

Color of the pilot light
10 - Black

Type of Terminal
1- Screw terminal

Contact arrangement
A- No contact elements

Inscription
A- Without inscription

Manufacture's identification

0- Standard version

Manufacture's identification
0- Standard version

Xl. Appendix - optional

-Z X90 - Multi-Unit Packing, Number of packs: 50

-ZX..- Multi-Unit Packing, any other number for multi-unit packing
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SIEMENS Product Description

Prif-Nr./Q-Nr.:
Cettificate No.: 3423

Holder / Holder with modules

3SuU15 0 0 - 1A A 10 - 1 B
| 1l ]l v VvV VI Vil Vi

l. Basic Type

3SuU15 - assembly of holder plus contact / LED module
II. Design

0- plastic black (holder)

5- metal (holder)
. Module arrangements

0- contact modules

1- contact modules and LED modules

VI.

VILI.

VIIL

Number of assembly places

-1A - 3 places

-1B 4 places

-1C 3 places customers variation
Supply voltage

A- without LED modules, contact modules only
B- 24 VV AC/DC

G- 6-24 V AC/DC

Color

00 - amber

10 - black, without, contact modules only
20 - red

30 - yellow

40 - green

50 - blue

60 - white

Type of Terminal

-1- Screw terminal

-3 - spring terminal

Contact arrangement

A - without module

B- 1NO or 1NO and LED module

C- 1NC or 1NC and LED module

F- 1NO+1NC or 2x1NO+1NC and LED module

L- 2x1NO+1NC or 1NO and 1NC and LED module

N - 1NO and 1NC or 1NO+1NC and LED module

.- or any other variations NO/NC, LED module, max 6 contacts for holder 3 position
Inscription

A- without inscription

Manufacture's identification e.g
0- Standard version

Page 20 of 24

Formular: April 2019



SIEMENS Product Description Proffir/a-Nr 3423

Xl. Appendix - optional
-ZX90-  Multi-Unit Packing,
-ZX.- Multi-Unit Packing, any other number for multi-unit packing
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SIEMENS Product Description Prifr/Q-ur 3423

Enclosures | Enclosed Actuators and Indicator lights

suis 0 1 - 0 AA 1 0 - 1 A A 0
| | ] v \' Vi Vil Vil IX X X1
l. Basic Type
33U18 - Enclosed version of Actuators/Indicator lights of series 3SU1
Il. Enclosure material
0- Plastic enclosure
5- Metal enclosure
. Number of command points
1- 1 command point, empty enclosure or equipped with push buttons
2- 2 command points, empty enclosure or equipped with push buttons and/or indicator
lights
3- 3 command points, empty enclosure or equipped with push buttons and/or indicator
lights
4- 4 command points, empty enclosure only for individual assembly
6 - 6 command points, empty enclosure only for individual assembly
V. Design of enclosure
-0- Standard enclosure
-1- Enclosure for use with 4-Position-Selector-Switch and Toggle-Stick
-3 - Enclosure designed as two-hand control station
V. Assembly for command points
Following for assemblies of enclosures with 1-6 command points
AZ - Customer-specific fittings
NZ - Customer-specific fittings with E-Stop
Following for assemblies of enclosures with 1 command point
AA- without fitting
AB - Pos. A: PB, green / 1NO / label black "I"
AC - Pos. A: PB, red / INC / label black "O"
AD - Pos. A: PB, white / 1NO / label black "I"
AE - Pos. A: PB, black / 1NC / label black "O"
BA - Offer number 47079: plastic enclosure, top grey;
Pos. A: SelSW, black, metal / 2x45°, 3 pos. momentary / 2NO / without label /
with SWM
BC - Offer number 47081: plastic enclosure, top grey;
Pos. A: MPB, red, metal, pull to release, 30mm / 1NC / individual label / with SWM
BD - Offer number 47082: plastic enclosure, top grey;
Pos. A: IPB, clear, metal / 1NO, LED 24V / label black "1" / with SWM
BE - Offer number 47083: plastic enclosure, top grey;
Pos. A: SelSW, black, metal, 2 pos. momentary / 1NO / without label / with SWM
NA - Pos. A: EstopMPB, red, 40mm, push trigger action, twist to release / INC
NB - Pos. A: EstopMPB, red, 40mm, push trigger action, twist to release /2x1NC
ND - Pos. A: EstopMPB, red, 40mm, push trigger action, twist to release / 2 x INC, 1NO
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NE - Offer number 47080: plastic enclosure top yellow;
Pos. A: EstopMPB, red 40mm, push trigger action, twist to release / 1INC, 1NO /
without label / with SWM
or any other variations

Following for assemblies of enclosures with 2 command points
AA- without fitting
AB - Pos. B: PB, green / 1NO / label black “I"
Pos. A: PB, red / 1NC / label black “O"
AC - Pos. B: PB, white / NO / label black "I
Pos. A: PB, black / 1NC / label black "O"
NA - Pos. B: Indicator Light, red / 6-24V AC/DC / label black
Pos. A: E-Stop, red, key lock Ronis, SB30 /AINC, 1INO /
label black “EMERGENCY STOP “/ with SWM
NB - Pos. B: Indicator Light, red / 6-24V AC/DC / label black
Pos. A: E-Stop, red / 2 x INC, 1NO / label black
or any other variations
Following for assemblies of enclosures with 3 command points
AA-  without fitting

AB - Pos. C: Indicator Light, white transparent / 6-24V AC/DC / label, black, blank
Pos. B: PB, green / 1NO / label black "I"
Pos. A: PB, red / 1NC / label black "O"
AC - Pos. C: Indicator Light, white transparent / 6-24V AC/DC / label, black, blank
Pos. B: PB, white / 1NO / label black "I"
Pos. A: PB, black / 1NC / label black "O"
AD - Pos. C: PB, black / 1INO / label black "II"
Pos. B: PB, black / 1NO / label black "I"
Pos. A: PB, red / 1NC / label black "O"
NA - Pos. C: PB, green / 1NO / label black "EIN"
Pos. B: Blanking Plug, black

Pos. A: E-Stop, red / 2NC
NB - Two-Hand Control Station: 2 x MPB, black, 40mm / 1NO+1NC
EstopMPB, red, 40mm / 2NC
or any other variations

Following for assemblies of enclosures with 4 command points
AA-  without fitting
or any other variations

Following for assemblies of enclosures with 6 command points
AA-  without fitting
or any other variations

VI.  Communication capability

0- without communication
1- with AS-I communication
2- 10 link communication

VIl Manufacture's identification
0- Standard version
1- Atex (EX) version

VIl Type of Module Mounting
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-0-
-
2.
=35
4 -

without

Front mounting, screw terminal

Base mounting, screw terminal

Front mounting spring loaded

Base mounting, spring-loaded terminal

Cord connection

A -
G-
H -

without
shaped AS-Interface cable is routed into the enclosure top/right
AS-i-insulation piercing method top/right

Or any other variantion

X Design of Cover

A- Command point center

B - With place for label

C- With protective collar

D - 4 additional holes , applicable for Two-Hand Control Station only

E - 8 additional pre machined breaking points, applicable for Two-Hand Control Station
Only

Or any other variations
Xl Color of Cover

1- grey
2 - yellow

Accessories e.g

3SU1900-0A, -0B, -0C Labels, Insert labels, Label Holder, different colors and inscriptions

3SU1900-0D, -0E Protection Covers, Caps, Collars (plastic)

3SU1900-0F, -0G Blind Plugs, Pusher Caps, IDkeys (plastic)

3SU1950-0D Padlocks, Guards, Locking Covers (metal)

3SU1950-0F, -0G Blind Plugs, Keys (metal)

3SU19.0-0H, -0J Adapter AS-I, Cable Gland, Connecting Pieces, Enclosure Close Control
Plunger, Stand for Two-Hand Control Station (plastic or metal, different
colors)

35U19.0-0L, -0K other mechanical accessories

3SU19.0-0H.10-0AA0 ASI Adapter and cable glands

3SU1900-0F...-0AA0 ID-keys

3SU10.1-6AA..-0AAQ Lenses for Indicator lights

3SU10.0-4W10-0AA0 ID Key Switch operator

3S5U19.0-6G, USB and RJ45 Hub
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